


Murrelektronik # Description Style

7700-A3021-U1B0100 Mini (7/8) 3 pin 3 wire, Female Str./Open, TPE, 16AWG, yellow, 1m

7700-A3021-U1B0200 Mini (7/8) 3 pin 3 wire, Female Str./Open, TPE, 16AWG, yellow, 2m

7700-A3021-U1B0300 Mini (7/8) 3 pin 3 wire, Female Str./Open, TPE, 16AWG, yellow, 3m

7700-A3021-U1B0500 Mini (7/8) 3 pin 3 wire, Female Str./Open, TPE, 16AWG, yellow, 5m

7700-A3021-U1B1000 Mini (7/8) 3 pin 3 wire, Female Str./Open, TPE, 16AWG, yellow, 10m

7700-A3A01-U1B0060 Mini (7/8) 3 pin 3 wire, Male (Ext.) Str./Female Str., TPE, 16AWG, yellow, .6m

7700-A3A01-U1B0100 Mini (7/8) 3 pin 3 wire, Male (Ext.) Str./Female Str., TPE, 16AWG, yellow, 1m

7700-A3A01-U1B0200 Mini (7/8) 3 pin 3 wire, Male (Ext.) Str./Female Str., TPE, 16AWG, yellow, 2m

7700-A3A01-U1B0300 Mini (7/8) 3 pin 3 wire, Male (Ext.) Str./Female Str., TPE, 16AWG, yellow, 3m

7700-A3A01-U1B0400 Mini (7/8) 3 pin 3 wire, Male (Ext.) Str./Female Str., TPE, 16AWG, yellow, 4m

7700-A3A01-U1B0500 Mini (7/8) 3 pin 3 wire, Male (Ext.) Str./Female Str., TPE, 16AWG, yellow, 5m

7700-A3A01-U1B1000 Mini (7/8) 3 pin 3 wire, Male (Ext.) Str./Female Str., TPE, 16AWG, yellow, 10m

7700-A3A11-U1B0060 Mini (7/8) 3 pin 3 wire, Male (Ext.) 90°/Female Str., TPE, 16AWG, yellow, .6m

7700-A3A11-U1B0100 Mini (7/8) 3 pin 3 wire, Male (Ext.) 90°/Female Str., TPE, 16AWG, yellow, 1m

7700-A3A11-U1B0200 Mini (7/8) 3 pin 3 wire, Male (Ext.) 90°/Female Str., TPE, 16AWG, yellow, 2m

7700-A3A11-U1B0300 Mini (7/8) 3 pin 3 wire, Male (Ext.) 90°/Female Str., TPE, 16AWG, yellow, 3m

7700-A3A11-U1B0400 Mini (7/8) 3 pin 3 wire, Male (Ext.) 90°/Female Str., TPE, 16AWG, yellow, 4m

7700-A3A11-U1B0500 Mini (7/8) 3 pin 3 wire, Male (Ext.) 90°/Female Str., TPE, 16AWG, yellow, 5m

7700-A3A11-U1B1000 Mini (7/8) 3 pin 3 wire, Male (Ext.) 90°/Female Str., TPE, 16AWG, yellow, 10m

7700-A3A21-U1B0060 Mini (7/8) 3 pin 3 wire, Male (Ext.) Str./Female 90°, TPE, 16AWG, yellow, .6m

7700-A3A21-U1B0100 Mini (7/8) 3 pin 3 wire, Male (Ext.) Str./Female 90°, TPE, 16AWG, yellow, 1m

7700-A3A21-U1B0200 Mini (7/8) 3 pin 3 wire, Male (Ext.) Str./Female 90°, TPE, 16AWG, yellow, 2m

7700-A3A21-U1B0300 Mini (7/8) 3 pin 3 wire, Male (Ext.) Str./Female 90°, TPE, 16AWG, yellow, 3m

7700-A3A21-U1B0400 Mini (7/8) 3 pin 3 wire, Male (Ext.) Str./Female 90°, TPE, 16AWG, yellow, 4m

7700-A3A21-U1B0500 Mini (7/8) 3 pin 3 wire, Male (Ext.) Str./Female 90°, TPE, 16AWG, yellow, 5m

7700-A3A21-U1B1000 Mini (7/8) 3 pin 3 wire, Male (Ext.) Str./Female 90°, TPE, 16AWG, yellow, 10m

7700-A3A31-U1B0060 Mini (7/8) 3 pin 3 wire, Male (Ext.) 90°/Female 90°, TPE, 16AWG, yellow, .6m

7700-A3A31-U1B0100 Mini (7/8) 3 pin 3 wire, Male (Ext.) 90°/Female 90°, TPE, 16AWG, yellow, 1m

7700-A3A31-U1B0200 Mini (7/8) 3 pin 3 wire, Male (Ext.) 90°/Female 90°, TPE, 16AWG, yellow, 2m

7700-A3A31-U1B0300 Mini (7/8) 3 pin 3 wire, Male (Ext.) 90°/Female 90°, TPE, 16AWG, yellow, 3m

7700-A3A31-U1B0400 Mini (7/8) 3 pin 3 wire, Male (Ext.) 90°/Female 90°, TPE, 16AWG, yellow, 4m

7700-A3A31-U1B0500 Mini (7/8) 3 pin 3 wire, Male (Ext.) 90°/Female 90°, TPE, 16AWG, yellow, 5m

7700-A3A31-U1B1000 Mini (7/8) 3 pin 3 wire, Male (Ext.) 90°/Female 90°, TPE, 16AWG, yellow, 10m

MURE-3FR-x Female Recpt., 3 pin, 16awg

MURE-3FR-x-18 Female Recpt., 3 pin, 18awg

MURE-3MR-x Male Recpt., 3 pin, 16awg

MURE-3MR-x-18 Male Recpt., 3 pin, 18awg

MURE-5FR-x Female Recpt., 5 pin, 16awg

MURE-5FR-x-18 Female Recpt., 5 pin, 18awg

MURE-5MR-x Male Recpt., 5 pin, 16awg

MURE-5MR-x-18 Male Recpt., 5 pin, 18awg

Murrelektronik Items on Ford 2630 Form

4.6	 Mini (7/8”) End, 3,5 and 10-pin Pre-Terminated, Molded Type TPE, Special Tee Connectors



Murrelektronik # Description

7700-21001-S4Xxxxx 10 Gb Ethernet, M12 Male Straight X-code with Cable, 8 pole, CAT6a, TPE, HighFlex, SF/UTP, 4x2x26AWG, 600v, Teal

7700-21021-S4Xxxxx 10 Gb Ethernet, M12 Male 90° X-code with Cable, 8 pole, CAT6a, TPE, HighFlex, SF/UTP, 4x2x26AWG, 600v, Teal

7700-51001-S4Xxxxx 10 Gb Ethernet, M12 Male Str. / M12 Male Str. X-code, 8 pole, CAT6a, TPE, HighFlex, SF/UTP, 4x2x26AWG, 600v, Teal

7700-51101-S4Xxxxx 10 Gb Ethernet, M12 Male Straight X-code / RJ45 Straight, 8 pole, CAT6a, TPE, HighFlex, SF/UTP, 4x2x26AWG, 600v, Teal

7700-51011-S4Xxxxx 10 Gb Ethernet, M12 Male Straight / M12 Male 90° X-code, 8 pole, CAT6a, TPE, HighFlex, SF/UTP, 4x2x26AWG, 600v, Teal

7700-51201-S4Xxxxx 10 Gb Ethernet, M12 Male 90° X-code / RJ45 Straight, 8 pole, CAT6a, TPE, HighFlex, SF/UTP, 4x2x26AWG, 600v, Teal

7700-51021-S4Xxxxx 10 Gb Ethernet, M12 Male 90° / M12 Male 90° X-code, 8 pole, CAT6a, TPE, HighFlex, SF/UTP, 4x2x26AWG, 600v, Teal

7700-51551-S4Xxxxx 10 Gb Ethernet, M12 Female Rec. X-code / RJ45 Straight, 8 pole, CAT6a, TPE, HighFlex, SF/UTP, 4x2x26AWG, 600v, Teal

7700-74315-S4Xxxxx 10 Gb Ethernet, RJ45 Straight / RJ45 Straight, 8 pole, CAT6a, TPE, HighFlex, SF/UTP, 4x2x26AWG, 600v, Teal

7000-21101-0000000 M12 Male X-code, 8 pole, CAT 6a, field wireable

7000-74011-0000000 RJ45 Straight, 8 pole, CAT 6a, field wireable

7000-74031-0000000 RJ45 Angled, 8 pole, CAT 6a, field wireable

Murrelektronik Items on Ford 2630 Form

Gigabit X-Code Ethernet

Murrelektronik # Description

7700-17513-U4Wxxxx Ethernet, M12 Female Rec. A-code with Cable, 8 pole, TPE, High Flex Ethernet, UTP, 4x2x24AWG, 600v, Teal

7700-17543-U4Wxxxx Ethernet, M12 Male Straight A-code with Cable, 8 pole, TPE, High Flex Ethernet, UTP, 4x2x24AWG, 600v, Teal

7700-17563-U4Wxxxx Ethernet, M12 Male 90° A-code with Cable, 8 pole, TPE, High Flex Ethernet, UTP, 4x2x24AWG, 600v, Teal

7700-48513-U4Wxxxx Ethernet, M12 Male Straight / M12 Male Straight A-code, 8 pole, TPE, High Flex Ethernet, UTP, 4x2x24AWG, 600v, Teal

7700-48523-U4Wxxxx Ethernet, M12 Male Straight A-code / RJ45 Straight, 8 pole, TPE, High Flex Ethernet, UTP, 4x2x24AWG, 600v, Teal

7700-48543-U4Wxxxx Ethernet, M12 Male Straight / M12 Male 90° A-code, 8 pole, TPE, High Flex Ethernet, UTP, 4x2x24AWG, 600v, Teal

7700-48553-U4Wxxxx Ethernet, M12 Male 90° A-code / RJ45 Straight, 8 pole, TPE, High Flex Ethernet, UTP, 4x2x24AWG, 600v, Teal

7700-48563-U4Wxxxx Ethernet, M12 Male 90° / M12 Male 90° A-code, 8 pole, TPE, High Flex Ethernet, UTP, 4x2x24AWG, 600v, Teal

7700-48573-U4Wxxxx Ethernet, M12 Male Straight / M12 Female Straight A-code, 8 pole, TPE, High Flex Ethernet, UTP, 4x2x24AWG, 600v, Teal

7700-48853-U4Wxxxx Ethernet, M12 Female Rec. A-code / RJ45 Straight, 8 pole, TPE, High Flex Ethernet, UTP, 4x2x24AWG, 600v, Teal

7700-74113-U4Wxxxx Ethernet, RJ45 Straight with Cable, 8 pole, TPE, High Flex Ethernet, UTP, 4x2x24AWG, 600v, Teal

7700-74713-U4Wxxxx Ethernet, RJ45 Straight / RJ45 Straight, 8 pole, TPE, High Flex Ethernet, UTP, 4x2x24AWG, 600v, Teal

A-coded PoE (Power over Ethernet) Unshielded Cables

For both tables above, xxxx = length in meters. 
Examples:
0060 = .6m
0100 = 1m
0300 = 3m
0500 = 5m
1000 = 10m

http://shop.murrelektronik.com/index.php?lang=1&cl=search&searchparam=7700-21001-S4X
http://shop.murrelektronik.com/index.php?stoken=660F5A18&lang=1&cl=search&searchparam=7700-21021-S4X
http://shop.murrelektronik.com/index.php?stoken=660F5A18&lang=1&cl=search&searchparam=7700-51001-S4Xxxxx
http://shop.murrelektronik.com/index.php?stoken=660F5A18&lang=1&cl=search&searchparam=7700-51101-S4Xxxxx
http://shop.murrelektronik.com/index.php?stoken=660F5A18&lang=1&cl=search&searchparam=7700-51011-S4Xxxxx
http://shop.murrelektronik.com/index.php?stoken=660F5A18&lang=1&cl=search&searchparam=7700-51201-S4Xxxxx
http://shop.murrelektronik.com/index.php?stoken=660F5A18&lang=1&cl=search&searchparam=7700-51021-S4Xxxxx
http://shop.murrelektronik.com/index.php?stoken=660F5A18&lang=1&cl=search&searchparam=7700-51551-S4Xxxxx
http://shop.murrelektronik.com/index.php?stoken=660F5A18&lang=1&cl=search&searchparam=7700-74315-S4Xxxxx
http://shop.murrelektronik.com/en/Connection-Technology/Field-wireable/MOSA-M12-male-0-X-coded-IDC-7000-21101-0000000.html?listtype=search&searchparam=7000-21101-0000000&src=search&srchPage=1&perPage=10&pos=1
http://shop.murrelektronik.com/en/RJ45-PROFESSIONAL-MALE-0-8-POL-SHIELDED-7000-74011-0000000.html?listtype=search&searchparam=7000-74011-0000000&src=search&srchPage=1&perPage=10&pos=1
http://shop.murrelektronik.com/en/RJ45-PROFESSIONAL-MALE-90-8-POL-SHIELDED-7000-74031-0000000.html?listtype=search&searchparam=7000-74031-0000000&src=search&srchPage=1&perPage=10&pos=1
http://shop.murrelektronik.com/index.php?stoken=660F5A18&lang=1&cl=search&searchparam=7700-17513-U4Wxxxx
http://shop.murrelektronik.com/index.php?stoken=660F5A18&lang=1&cl=search&searchparam=7700-17543-U4Wxxxx
http://shop.murrelektronik.com/index.php?stoken=D1492634&lang=1&cl=search&searchparam=7700-17563-U4Wxxxx
http://shop.murrelektronik.com/index.php?stoken=D1492634&lang=1&cl=search&searchparam=7700-48513-U4Wxxxx
http://shop.murrelektronik.com/index.php?stoken=D1492634&lang=1&cl=search&searchparam=7700-48523-U4Wxxxx
http://shop.murrelektronik.com/index.php?stoken=D1492634&lang=1&cl=search&searchparam=7700-48543-U4Wxxxx
http://shop.murrelektronik.com/index.php?stoken=D1492634&lang=1&cl=search&searchparam=7700-48553-U4Wxxxx
http://shop.murrelektronik.com/index.php?stoken=D1492634&lang=1&cl=search&searchparam=7700-48563-U4Wxxxx
http://shop.murrelektronik.com/index.php?stoken=D1492634&lang=1&cl=search&searchparam=7700-48573-U4Wxxxx
http://shop.murrelektronik.com/index.php?stoken=D1492634&lang=1&cl=search&searchparam=7700-48853-U4Wxxxx
http://shop.murrelektronik.com/index.php?stoken=D1492634&lang=1&cl=search&searchparam=7700-74113-U4Wxxxx
http://shop.murrelektronik.com/index.php?stoken=D1492634&lang=1&cl=search&searchparam=7700-74713-U4Wxxxx


Murrelektronik Items on Ford 2630 Form

Murrelektronik # Description

7700-17511-S4Wxxxx Ethernet, M12 Female Rec. A-code with Cable, 8 pole, TPE, High Flex Ethernet, SF/UTP, 4x2x24AWG, 600v, Teal

7700-17541-S4Wxxxx Ethernet, M12 Male Straight A-code with Cable, 8 pole, TPE, High Flex Ethernet, SF/UTP, 4x2x24AWG, 600v, Teal

7700-17561-S4Wxxxx Ethernet, M12 Male 90° A-code with Cable, 8 pole, TPE, High Flex Ethernet, SF/UTP, 4x2x24AWG, 600v, Teal

7700-48511-S4Wxxxx Ethernet, M12 Male Straight / M12 Male Straight A-code, 8 pole, TPE, High Flex Ethernet, SF/UTP, 4x2x24AWG, 600v, Teal

7700-48521-S4Wxxxx Ethernet, M12 Male Straight A-code / RJ45 Straight, 8 pole, TPE, High Flex Ethernet, SF/UTP, 4x2x24AWG, 600v, Teal

7700-48541-S4Wxxxx Ethernet, M12 Male Straight / M12 Male 90° A-code, 8 pole, TPE, High Flex Ethernet, SF/UTP, 4x2x24AWG, 600v, Teal

7700-48551-S4Wxxxx Ethernet, M12 Male 90° A-code / RJ45 Straight, 8 pole, TPE, High Flex Ethernet, SF/UTP, 4x2x24AWG, 600v, Teal

7700-48561-S4Wxxxx Ethernet, M12 Male 90° / M12 Male 90° A-code, 8 pole, TPE, High Flex Ethernet, SF/UTP, 4x2x24AWG, 600v, Teal

7700-48571-S4Wxxxx Ethernet, M12 Male Str. / M12 Female Str. A-code, 8 pole, TPE, High Flex Ethernet, SF/UTP, 4x2x24AWG, 600v, Teal

7700-48851-S4Wxxxx Ethernet, M12 Female Rec. A-code / RJ45 Straight, 8 pole, TPE, High Flex Ethernet, SF/UTP, 4x2x24AWG, 600v, Teal

7700-74118-S4Wxxxx Ethernet, RJ45 Straight with Cable, 8 pole, TPE, High Flex Ethernet, SF/UTP, 4x2x24AWG, 600v, Teal

7700-74718-S4Wxxxx Ethernet, RJ45 Straight / RJ45 Straight, 8 pole, TPE, High Flex Ethernet, SF/UTP, 4x2x24AWG, 600v, Teal

7000-17341-0000000 M12 Female A-code, 8 pole, field wireable

7000-17361-0000000 M12 Male A-code, 8 pole, field wireable

7000-74011-0000000 RJ45 Straight, 8 pole, CAT 6a, field wireable

7000-74031-0000000 RJ45 Angled, 8 pole, CAT 6a, field wireable

A-coded PoE (Power over Ethernet) Shielded Cables

For the above table, xxxx = length in meters. 
Examples:
0060 = .6m
0100 = 1m
0300 = 3m
0500 = 5m
1000 = 10m

http://shop.murrelektronik.com/index.php?stoken=D1492634&lang=1&cl=search&searchparam=7700-17511-S4Wxxxx
http://shop.murrelektronik.com/index.php?stoken=D1492634&lang=1&cl=search&searchparam=7700-17541-S4Wxxxx
http://shop.murrelektronik.com/index.php?stoken=D1492634&lang=1&cl=search&searchparam=7700-17561-S4Wxxxx
http://shop.murrelektronik.com/index.php?stoken=D1492634&lang=1&cl=search&searchparam=7700-48511-S4Wxxxx
http://shop.murrelektronik.com/index.php?stoken=D1492634&lang=1&cl=search&searchparam=7700-48521-S4Wxxxx
http://shop.murrelektronik.com/index.php?stoken=D1492634&lang=1&cl=search&searchparam=7700-48541-S4Wxxxx
http://shop.murrelektronik.com/index.php?stoken=D1492634&lang=1&cl=search&searchparam=7700-48551-S4Wxxxx
http://shop.murrelektronik.com/index.php?stoken=D1492634&lang=1&cl=search&searchparam=7700-48561-S4Wxxxx
http://shop.murrelektronik.com/index.php?stoken=D1492634&lang=1&cl=search&searchparam=7700-48571-S4Wxxxx
http://shop.murrelektronik.com/index.php?stoken=D1492634&lang=1&cl=search&searchparam=7700-48851-S4Wxxxx
http://shop.murrelektronik.com/index.php?stoken=C1B89BD6&lang=1&cl=search&searchparam=7700-74118-S4Wxxxx
http://shop.murrelektronik.com/index.php?stoken=C1B89BD6&lang=1&cl=search&searchparam=7700-74718-S4Wxxxx
http://shop.murrelektronik.com/en/Connection-Technology/Field-wireable/M12-MALE-0-SHIELDED-WIREABLE-SCREW-TERM-7000-17341-0000000.html?listtype=search&searchparam=7000-17341-0000000&src=search&srchPage=1&perPage=10&pos=1
http://shop.murrelektronik.com/en/Connection-Technology/Field-wireable/M12-FEMALE-0-SHIELDED-WIREABLE-SCREW-TERM-7000-17361-0000000.html?listtype=search&searchparam=7000-17361-0000000&src=search&srchPage=1&perPage=10&pos=1
http://shop.murrelektronik.com/en/RJ45-PROFESSIONAL-MALE-0-8-POL-SHIELDED-7000-74011-0000000.html?listtype=search&searchparam=7000-74011-0000000&src=search&srchPage=1&perPage=10&pos=1
http://shop.murrelektronik.com/en/RJ45-PROFESSIONAL-MALE-90-8-POL-SHIELDED-7000-74031-0000000.html?listtype=search&searchparam=7000-74031-0000000&src=search&srchPage=1&perPage=10&pos=1


Murrelektronik Items on Ford 2630 Form

5.3 Circuit Protectors - Supplemental, Control Voltage Type
Murrelektronik # Description Style

9000-41034-0100400

MICO Electronic Auxiliary Circuit, 4 Channels 
IN: 24V DC 
OUT: 24V/1-2-3-4A DC
NEC-Class 2

9000-41034-0401000
MICO Electronic Auxiliary Circuit, 4 Channels  
IN: 24V DC 
OUT: 24V/4-6-8-10A DC

9000-41042-0100400

MICO Electronic Auxiliary Circuit, 2 Channels 
IN: 24V DC 
OUT: 24V/1-2-3-4A DC
NEC-Class 2

9000-41042-0401000
MICO Electronic Auxiliary Circuit, 2 Channels  
IN: 24V DC 
OUT: 24V/4-6-8-10A DC

9000-41042-0100600
MICOElectronic Auxiliary Circuit, 2 Channels  
IN: 24V DC 
OUT: 24V/1-2-4-6A DC

9000-41034-0100600
MICO Electronic Auxiliary Circuit, 4 Channels  
IN: 24V DC 
OUT: 24V/1-2-4-6A DC 

http://shop.murrelektronik.com/en/Electronics-in-the-Control-Cabinet/Intelligent-Power-Distribution/MICO-ELECTRONIC-AUXILIARY-CIRCUIT-4-CHANNELS-9000-41034-0100400.html?listtype=search&searchparam=9000-41034-0100400&src=search&srchPage=1&perPage=10&pos=1
http://onlineshop.murrelektronik.com/mediandoweb/index.php?ID_O_PRODUCT=12915&ID_O_TREE_GROUP=1&BEGIN=1&sLanguage=English&pageturning=10
http://shop.murrelektronik.com/en/Electronics-in-the-Control-Cabinet/Intelligent-Power-Distribution/MICO-ELEC-AUX-CIRCUIT-2-CHANNELS-9000-41042-0100400.html?listtype=search&searchparam=9000-41042-0100400&src=search&srchPage=1&perPage=10&pos=1
http://onlineshop.murrelektronik.com/mediandoweb/index.php?ID_O_PRODUCT=78099&ID_O_TREE_GROUP=1&BEGIN=1&sLanguage=English&pageturning=10
http://shop.murrelektronik.com/en/Electronics-in-the-Control-Cabinet/Intelligent-Power-Distribution/MICO-ELEC-AUX-CIRCUIT-2-CHANNELS-9000-41042-0100600.html?listtype=search&searchparam=9000-41042-0100600&src=search&srchPage=1&perPage=10&origPos=1&pos=1
http://shop.murrelektronik.com/en/Electronics-in-the-Control-Cabinet/Intelligent-Power-Distribution/MICO-ELECTRONIC-AUXILIARY-CIRCUIT-4-CHANNELS-9000-41034-0100600.html?listtype=search&searchparam=9000-41034-0100600&src=search&srchPage=1&perPage=10&origPos=1&pos=1


Murrelektronik # Description Style

55091
IMPACT67-PN DI16
PROFINET Slave IP67 with 16 digital inputs, 8 x M12 slots
PIN 4: 8x digital inputs (yellow LED), PIN 2: 8x digital inputs (yellow LED)

55093
IMPACT67-PN DO8
PROFINET Slave IP67 with 8 digital outputs / 2A, 8 x M12 slots
PIN 4: 8x digital outputs (yellow LED)

55094
IMPACT67-PN DO16
PROFINET Slave IP67 with 16 digital outputs / 0.5A, 8 x M12 slots
PIN 4: 8x digital outputs (yellow LED), PIN 2: 8x digital outputs (yellow LED)

55287 MVK-MPNIO DI8 (DI8)
MVK ProfiNet Compact module, metal

55289 16 digital channels configurable as I/O, ProfiNet
For non-motion applications only.

55556 MVK-MPNIO F DI16/8 7/8” IRT
MVK ProfiNet/PROFIsafe Compact module, metal

55557 MVK-MPNIO F DI8/4 F DO4 7/8” IRT
MVK ProfiNet/PROFIsafe Compact module, metal

55339
MVK+ MPNIO DI8 DO8 
MVK ProfiNet Fast-Start-Up
Galvanic Separation

55385 7/8” locking screw, plastic

56921 IMPACT20 PROFINET IO, DIGITAL IN-/OUTPUT MODULE
8 digital inputs and 8 digital outputs

58627 M12 blind plug for empty sockets, plastic

4000-71001-0410004 Grounding strip 
Diameter 4mm², 100mm for M4, Tinned copper

IO Link Modules (IO Link system shall be approved by deviation)

55532 DIO12 standard digital inputs/outputs  4 IO link master ports DI4/IO link 4.  All 4 IO link 
ports can be used for “smart inputs” and (2) ports are Class B rated ports for outputs.

59407 MVP12-Metal 8 way, M12 IO-Link 16 Input extension module

59408 MVP12-Metal 8 way, M12 IO-Link 8 Outputs left, 8 Inputs right side

Murrelektronik Items on Ford 2630 Form

13.1 Field Mounted

http://onlineshop.murrelektronik.com/mediandoweb/index.php?ID_O_PRODUCT=78682&ID_O_TREE_GROUP=1&BEGIN=1&sLanguage=English&pageturning=10
http://onlineshop.murrelektronik.com/mediandoweb/index.php?ID_O_PRODUCT=78872&ID_O_TREE_GROUP=1&BEGIN=1&sLanguage=English&pageturning=10
http://onlineshop.murrelektronik.com/mediandoweb/index.php?ID_O_PRODUCT=78871&ID_O_TREE_GROUP=1&BEGIN=1&sLanguage=English&pageturning=10
http://shop.murrelektronik.com/en/I-O-Systems/MVK-Metal/MVK-MPNIO-DI8-DI8-55287.html?listtype=search&searchparam=55287&src=search&srchPage=1&perPage=10&pos=1
http://shop.murrelektronik.com/en/I-O-Systems/MVK-Metal/MVK-MPNIO-DIO8-DIO8-55289.html?listtype=search&searchparam=55289&src=search&srchPage=1&perPage=10&pos=1
http://shop.murrelektronik.com/en/I-O-Systems/MVK-Metal/MVK-MPNIO-F-DI16-8-55556.html?listtype=search&searchparam=55556&src=search&srchPage=1&perPage=10&pos=1
http://shop.murrelektronik.com/en/I-O-Systems/MVK-Metal/MVK-MPNIO-F-DI8-4-F-DO4-7-8-IRT-55557.html?listtype=search&searchparam=55557&src=search&srchPage=1&perPage=10&pos=1
http://onlineshop.murrelektronik.com/mediandoweb/index.php?ID_O_PRODUCT=80763&ID_O_TREE_GROUP=1&BEGIN=1&sLanguage=English&pageturning=10
http://shop.murrelektronik.com/en/I-O-Systems/Impact20/IMPACT20-PROFINET-IO-DIGITAL-IN-OUTPUT-MODULE-56921.html?listtype=search&searchparam=56921&src=search&srchPage=1&perPage=10&pos=1
http://onlineshop.murrelektronik.com/mediandoweb/index.php?ID_O_PRODUCT=14231&ID_O_TREE_GROUP=1&BEGIN=1&sLanguage=English&pageturning=10
http://onlineshop.murrelektronik.com/mediandoweb/index.php?ID_O_PRODUCT=59816&ID_O_TREE_GROUP=1&BEGIN=1&sLanguage=English&pageturning=10
http://shop.murrelektronik.com/en/I-O-Systems/MVK-Metal/MVK-MPNIO-DIO12-IOL4-IRT-7-8-5pin-55532.html?listtype=search&searchparam=55532&src=search&srchPage=1&perPage=10&pos=1
http://shop.murrelektronik.com/en/I-O-Systems/MVK-Metal/MVP12-METALL-8-WAY-M12-IO-LINK-59407.html?listtype=search&searchparam=59407&src=search&srchPage=1&perPage=10&pos=1
http://shop.murrelektronik.com/en/I-O-Systems/MVK-Metal/MVP12-METALL-8-WAY-M12-DI8-DO8-IO-LINK-59408.html?listtype=search&searchparam=59408&src=search&srchPage=1&perPage=10&pos=1
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18.3 Convenience Receptacles / Programming Ports
Murrelektronik # Description Style

4000-68523-4110001
Frame
Insert

Frame with metallic silver lid and knob. Insert has 1 RJ45 port, GFCI, 3A Reset

4000-68523-4120001
Frame
Insert

Frame with metallic silver lid and knob. Insert has 2 RJ45 ports, GFCI, 3A Reset

4000-68523-4140001
Frame
Insert

Frame with metallic silver lid and knob. Insert has GFCI, 3A Reset

Part numbers vary. 
Ask your Murrelektronik 
Representative for more 
information.

MSDD Series Programming Ports   (Outlets for Europe, China, India)

13.3 Multi Port Devices
Murrelektronik # Description Style

8000-84530-0000000 Exact12, 4xM12, 5 pole, M23 12 pole con. without con. cable  

8000-88520-0000000 Exact12, 8xM12, 5-pole, con. M23 19 pole without con. cable  

http://onlineshop.murrelektronik.com/mediandoweb/index.php?ID_O_PRODUCT=82279&ID_O_TREE_GROUP=1&BEGIN=1&sLanguage=English&pageturning=10
http://onlineshop.murrelektronik.com/mediandoweb/index.php?ID_O_PRODUCT=82854&ID_O_TREE_GROUP=1&BEGIN=1&sLanguage=English&pageturning=10
http://onlineshop.murrelektronik.com/mediandoweb/index.php?ID_O_PRODUCT=82279&ID_O_TREE_GROUP=1&BEGIN=1&sLanguage=English&pageturning=10
http://onlineshop.murrelektronik.com/mediandoweb/index.php?ID_O_PRODUCT=82855&ID_O_TREE_GROUP=1&BEGIN=1&sLanguage=English&pageturning=10
http://onlineshop.murrelektronik.com/mediandoweb/index.php?ID_O_PRODUCT=82279&ID_O_TREE_GROUP=1&BEGIN=1&sLanguage=English&pageturning=10
http://onlineshop.murrelektronik.com/mediandoweb/index.php?ID_O_PRODUCT=82857&ID_O_TREE_GROUP=1&BEGIN=1&sLanguage=English&pageturning=10
http://shop.murrelektronik.com/en/I-O-Systems/M12-Distribution-Systems/EXACT12-4XM12-5-POLE-M23-12-POLE-CON-8000-84530-0000000.html?listtype=search&searchparam=8000-84530-0000000&src=search&srchPage=1&perPage=10&origPos=1&pos=1
http://shop.murrelektronik.com/en/I-O-Systems/M12-Distribution-Systems/EXACT12-8XM12-5-POLE-CON-M23-19-POLE-8000-88520-0000000.html?listtype=search&searchparam=8000-88520-0000000&src=search&srchPage=1&perPage=10&origPos=1&pos=1
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19.1 Power Supplies
Murrelektronik # Description Style

85440 Emparro Single Phase Power Supply
INPUT: 85-265V AC/90-250V DC, OUTPUT: 24-28V DC, Current: 5A

85441 Emparro Single Phase Power Supply
INPUT: 85-265V AC/90-250V DC, OUTPUT: 24-28V DC, Current: 10A

85442 Emparro Single Phase Power Supply
INPUT: 85-265V AC/90-250V DC, OUTPUT: 24-28V DC, Current: 20A

85691 Emparro 3-Phase Power Supply
INPUT: 3 × 324-572V AC / 450-745V DC, OUTPUT: 24-28V DC, Current: 10A

85692 Emparro 3-Phase Power Supply
INPUT: 3 × 324-572V AC / 450-745V DC, OUTPUT: 24-28V DC, Current: 20A

85693 Emparro 3-Phase Power Supply
INPUT: 3 × 324-572V AC / 450-745V DC, OUTPUT: 24-28V DC, Current: 40A

http://shop.murrelektronik.com/en/Electronics-in-the-Control-Cabinet/Power-Supply-DC/EMPARRO-POWER-SUPPLY-1-PHASE-85440.html?listtype=search&searchparam=85440&src=search&srchPage=1&perPage=10&pos=1
http://shop.murrelektronik.com/en/Electronics-in-the-Control-Cabinet/Power-Supply-DC/EMPARRO-POWER-SUPPLY-1-PHASE-85441.html?listtype=search&searchparam=85441&src=search&srchPage=1&perPage=10&pos=1
http://shop.murrelektronik.com/en/Electronics-in-the-Control-Cabinet/Power-Supply-DC/EMPARRO-POWER-SUPPLY-1-PHASE-85442.html?listtype=search&searchparam=85442&src=search&srchPage=1&perPage=10&pos=1
http://shop.murrelektronik.com/en/Electronics-in-the-Control-Cabinet/Power-Supply-DC/Emparro-Power-Supply-3-PHASE-85691.html?listtype=search&searchparam=85691&src=search&srchPage=1&perPage=10&pos=1
http://shop.murrelektronik.com/en/Electronics-in-the-Control-Cabinet/Power-Supply-DC/Emparro-Power-Supply-3-PHASE-85692.html?listtype=search&searchparam=85692&src=search&srchPage=1&perPage=10&pos=1
http://shop.murrelektronik.com/en/Electronics-in-the-Control-Cabinet/Power-Supply-DC/Emparro-Power-Supply-3-PHASE-85693.html?listtype=search&searchparam=85693&src=search&srchPage=1&perPage=10&pos=1


32 Service and Support Contacts

USA
Name Tom Mickley, Ford Account Manager Markus Keller, President

Company Murrelektronik, Inc.

Address 1327 Northbrook Parkway, Suite 460
Suwanee, GA 30024

Phone 770-497-9292

email tmickley@murrinc.com mkeller@murrinc.com

Fax 770-497-9391

Website www.murrinc.com

Austria Belgium
Name Wolfgang Balatsch Gert van Dam

Company Murrelektronik GmbH Murrelektronik B.V.B.A.

Address Concorde Business Park C5/17
A-2320 Schwechat

Noordlaan 21
B – 9200 Dendermonde
Belgien

Phone (+43) 1 706 45 25-0 +32 (0)52 33 98 55

email wolfgang.balatsch@murrelektronik.at

Fax (+43) 1 706 45 25-300 +32 (0)52 33 98 54

Website www.murrelektronik.at www.murrelektronik.be

Brazil Canada
Name Rui Santos Bob van den Berg

Company Murrelektronik do Brasil Ind. e Com. Ltda. Murrelektronik, Inc.

Address
Av. Interlagos, 3493
São Paulo, SP
CEP 04661-200

1535 Meyerside Drive, Unit 7 & 8
Mississauga, Ontario L5T 1M9

Phone +55 (11) 5632-3000 905-362-2211

email rui.santos@murrelektronik.com.br bvandenberg@murr.ca

Fax +55 (11) 5632-3022 905-362-2101

Website www.murrelektronik.com.br www.murr.ca

China Czech Republic
Name Dr. Xu, Jianguo Vit Macura

Company Murrelektronik Components (Shanghai) Co., Ltd. Murrelektronik CZ spol. s r.o

Address
Building C + D
628 Suide Road, Putuo District
200331 Shanghai

Prumyslová 762
CZ-333 01 Stod

Phone +86 21 628-47607 +420 377 233 935

email xu.jianguo@murrelektronik.com.cn vit.macura@murrelektronik.cz

Fax +86 21 628-48526 +420 377 233 929

Website www.murrelektronik.com.cn www.murrelektronik.cz

Finland France
Name Tuomas Aho Jose Juntas

Company Murrelektronik Power Oy Murrelektronik SAS

Address Palttinakatu 2
15230 Lahti

8 rue Manurhin
F-68120 Richwiller
France

Phone +358 (0)20 7789810 +33 3 89 50 78 78

email tuomas.aho@murrelektronik.fi jose.juntas@murrelektronik.fr

Fax +358 (0)20 7789811 +33 3 89 50 78 79

Website www.murrelektronik.fi www.murrelektronik.fr

http://www.murrinc.com
http://www.murrelektronik.com
http://www.murrelektronik.com
http://www.murrelektronik.com
http://www.murrelektronik.com
http://www.murrelektronik.com
http://www.murrelektronik.com


Germany
Name Peter Ohr, Ford Automotive Manager

Company Murrelektronik GmbH

Address Falkenstrasse 3, D-71570 Oppenweiler
Postfach 1165, D-71567 Oppenweiler

Phone (+49) 7191 47-0

email peter.ohr@murrelektronik.de

Fax (+49) 7191 47-130

Website www.murrelektronik.com

Great Britain India
Name Paul Hughes T.A. Chetan

Company Murrelektronik Ltd. Murrelektronik India

Address
Pendlebury Industrial Estate
Albion Street, Swinton
Manchester M27 4FG

C/o Techworks Engineering Pvt Ltd 
Unit 18 
The Executive Centre 
11th Floor Canberra 
UB City #24,Vittal Mallya Road
560001 Bangalore

Phone +44 161 72831-33 +91 990 0057344

email paul.hughes@murrelektronik.co.uk chetan.t.a@murrelektronik.in

Fax +44 161 72831-30 +91 80 67205556

Website www.murrelektronik.co.uk www.murrelektronik.com

Italy Japan
Name Marco Capaccioli Takeshi Kameda

Company Murrelektronik S.r.l. K.MECS Co., Ltd.

Address
Parco Tecnologico ENERGY PARK 
Building 03, Via Energy Park 6
20871 Vimercate (MB)

Yusen Iwamotocho Bldg. 3F 
2-3-3 Iwamotocho 
Chiyodaku, Tokyo
Japan 101-0032

Phone (+39) 039 6872611 (+81) 3-5825-5333

email mcapaccioli@murrelektronik.it takeshi.kameda@kmecs.co.jp

Fax (+39) 039 6872646 (+81) 3-5825-8550

Website www.murrelektronik.it www.kmecs.com

Mexico Netherlands
Name Manuel Luque Gert van Dam

Company Murrelektronik, Inc. Murrelektronik B.V.

Address
Tomas Alba Edison 3116
Fracc. Industrial
Monterrey, N.L. C.P. 64299

Meerpaal 1
4904 SK Oosterhout(NB)

Phone (81) 8000-2000 +31 (162) 492 411

email mluque@murrinc.com g.vandam@murrelektronik.nl

Fax (81) 8000-2001 +31 (162) 492 415

Website www.murrinc.com www.murrelektronik.nl

Poland Russia
Name Lukasz Jamborski

Company Murrelektronik Sp. z o.o. Murrelektronik GmbH

Address
ul. Ks. Bpa H. Bednorza 2a-6
40-384 Katowice
Poland

Falkenstrasse 3, D-71570 Oppenweiler
Postfach 1165, D-71567 Oppenweiler

Phone +48 32 73000 20 (+49) 7191 47-0

email lukasz.jamborski@murrelektronik.pl

Fax +48 32 73000 23 (+49) 7191 47-130

Website www.murrelektronik.pl www.murrelektronik.ru

http://www.murrelektronik.com
http://www.murrelektronik.it
http://www.murrelektronik.it
http://www.kmecs.com
http://www.murrelektronik.it
http://www.murrelektronik.it
http://www.murrelektronik.it


Slovakia South Korea
Name Christian Tusnovic Sangyong Moon

Company Murrelektronik Slovakia s.r.o. Murrelektronik Korea Ltd.

Address Prievozská 4/B
SK-821 09 Bratislava

201-1010, Chunui Techno park II 
Chunui dong, Wonmi gu 
Bucheon city, Kyunggido

Phone +421 48 41 52 678 +82 32 623 8980

email christian.tusnovic@murrelektronik.at

Fax +421 48 47 01 269 +82 32 623 8985

Website www.murrelektronik.sk

Spain Sweden
Name Xavier Surroca Magnus Drewke

Company Murrelektronik Spain, S.L.U. Murrelektronik AB

Address
Parc Tecnològic del Vallès 
Centre d’ Empreses de Noves Tecnologies 
08290 Cerdanyola del Vallès

Florettgatan 29C
25467 Helsingborg

Phone (+34) 93 582-0145 +46 42 167070

email xavier.surroca@murrelektronik.es md@murrelektronik.se

Fax (+34) 93 582-4413 +46 42 160270

Website www.murrelektronik.es www.murrelektronik.se

Switzerland Turkey
Name Armin Fischer Talat Avci

Company Murrelektronik AG Murrelektronik San. ve Tic Ltd Sti

Address Hardmorgenweg 19
CH-8222 Beringen

Perpa Ticaret  Merkezi A Blok Kat 11 No.1403
34384 Okmeydani/Istanbul/TR

Phone +41 52 68727-27 +90 212 2222298

email armin.fischer@murrelektronik.ch talat.avci@murrelektronik.com.tr

Fax +41 52 68727-17

Website www.murrelektronik.ch www.murrelektronik.com.tr

http://www.murrelektronik.it
http://www.murrelektronik.es
http://www.murrelektronik.es
http://www.murrelektronik.es
http://www.murrelektronik.es

